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Fittings

CPC™ Steam-in-Place
Connectors

Types of Processes

––One disposable connector for steam
sterilization and microbial process
––Reduce downtime and cleaning
expenses
Innovative product design allows for
a one-step process for sterilization and
media transfer while eliminating dead spots,
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reducing the number of connections, and
eliminating the need for a laminar flow hood. Terminations on these
connectors are set to industry standards for bioreactors and are
available in popular sizes of flexible tubing. All wetted surfaces
meet requirements for USP Class VI physicochemical tests. All
units are made of animal-free polysulfone resin
Original Steam-Thru Connectors feature a three-port design that
allows steam to pass directly through the power ports to “steam
on” to stainless equipment. Once the SIP cycle is completed,
remove the tear-away sleeve to actuate the valve and create a
sterile flow path. Once actuated, the connection cannot be reversed
because valve actuation punctures the internal membrane to allow
flow of media. When the process is complete, the connector may
be safely disposed.
Steam-Thru II Connectors offer the additional benefit of both
“steam on” and “steam off” functionality. The valve can
return to the steam position to allow a second steam
cycle after media transfer.

Specifications
Pressure rating
Steam position: 30 psi (2.1 bar)
Flow position: vacuum to 20 psi
(1.4 bar)
Temperature rating
Steam position: 266°F (130°C)
for up to 60 min
Flow position: 39 to 104°F
(4 to 40°C)

Teky’s Tips

Quick-Disconnect Fittings

Ensure a sterile connection

Materials
Body: polysulfone body
Sleeve: PE (31604-10 thru -16)
or PC (31604-18 thru -24)
Membrane: silicone membrane

Steam Process (1)

Flow Process (2)

Steam flows from the bioreactor through the connector to
sterilize the connection. With
the tear-away sleeve in place,
the transfer of fluid to or from
the bioreactor is prevented.

When the tear-away
sleeve is removed and
the connector is actuated,
the connection to the
steam trap is disabled
and the media flow bath
to or from the bioreactor
is accessible.

Connections
Sterilization
Bioreactor
Hose barb methods†
Steam-Thru connectors (single cycle)
1⁄2"
3⁄4" Tri-Clamp®
3⁄4" Tri-Clamp
SIP, G
3⁄8"
1⁄2"
3⁄4" Tri-Clamp
1
1 ⁄2" Tri-Clamp
SIP, G
3⁄8"
1⁄2"
3⁄4" Tri-Clamp
3⁄4" Tri-Clamp
SIP, G, A
3⁄8"
1⁄2"
3⁄4" Tri-Clamp
11⁄2" Tri-Clamp
SIP, G, A
3⁄8"
Steam-Thru II (two cycle)
3⁄4" Tri-Clamp
1⁄2"
3⁄4" Tri-Clamp
SIP, G
3⁄8"
11⁄2" Tri-Clamp
Steam inlet

Catalog
number

F

Price

GH-31604-10
GH-31604-12
GH-31604-14
GH-31604-16
GH-31604-18
GH-31604-20
GH-31604-22
GH-31604-24
GH-31604-36
GH-31604-38

†SIP

= steam-in-place process up to 266°F (130°C) for 60 minutes;
G = gamma radiation up to 50 kGy for one cycle;
A = autoclave at 265°F (128°C) for 30 minutes up to two cycles.

CPC™ Quick-Disconnect Sanitary Couplings

Attach directly to your sanitary
hardware assemblies!
––USP Class IV materials
––Fully sterilizable
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These couplings allow you to integrate disposables with your
existing stainless steel processing equipment. Both couplings and
inserts are available with standard sanitary terminations to attach to
your system with a sanitary gasket and tri-clover clamps. All models
feature USP Class VI platinum-cured silicone gaskets.

Sterilization

Polysulfone (PSF)
316 stainless steel
USP Class VI platinum-cured silicone
–40 to 300°F (–40 to 149°C)
60 psi (4.1 bar)
Autoclave, gamma irradiation,
Autoclave or gamma irradiation
ETO, or ebeam

Toll-free: 800-323-4340

31604-34

31311-71

Bodies (Female Coupling Halves)
Size
sanitary
1" sanitary

3⁄4"

Compatible
Large
Standard

Material
PSF

Catalog number
GH-31604-26
GH-31604-28

Price

Catalog number
GH-31311-71
GH-31311-72
GH-31311-73
GH-31604-30
GH-31604-32
GH-31604-34

Price

Inserts (Male Coupling Halves)

Specifications
Body material
O-ring material
Temperature range
Max pressure

31604-28

Fax: 847-247-2929

Size
tubing ID
3⁄8" tubing ID
1⁄2" tubing ID
3⁄4" sanitary
1" sanitary
11⁄2" sanitary
1⁄4"
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Compatible
Standard

Material
PSF

Large
Standard
Large

316 SS
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