Masterflex

Pump Heads

Reduced Puilsation L/S®* Multichannel Cartridge Pump Heads
..

Get low-pulsation flow from up to 12 channels

— Improved retainer design holds tubing securely in place

B.

L/S reduced-
pulsation
six-roller

cartridge pump
head 07519-15

These pump heads are available with six or eight rollers. The greater the number
of rollers, the lower the pulsation. They feature stainless steel rotors, Rulon®

rollers, and PSF ends. Occlusion is offset, tangential, and adjustable. For large car-
tridges, set tubing retainers to your tube size and you are ready to pump. On small
cartridges, optimum retention is preset—simply load tubing and start pumping.

A. 2-Channel, 6-Roller Pump Head 07519-10 (not shown)

- Flow rates: 0.0008 to 350 mL/min
— Number of cartridges: 1 or 2 large

B. 6-Channel, 6-Roller Pump Head 07519-15

— Flow rates: 0.00017 to 170 mL/min
— Number of cartridges: 1 to 6 large

C. 4-Channel, 8-Roller Pump Head 07519-20 (not shown)

— Flow rates: 0.00006 to 85 mL/min
— Number of cartridges: 1 to 4 small

D. 12-Channel, 8-Roller Pump Head 07519-25

| FEATURES

B 3
; Synchronous flow

from each channel

Load from 1 to 12 cartridges
by just snapping into place

¥ ‘f D- L/S reduced-pulsation

i
eight-roller cartridge pump
head 07519-25 shown with

twelve small cartridges

— Flow rates: 0.00001 to 41 mL/min 07519-85
— Number of cartridges: 1 to 12 small §
. S .y , [££9001:2008 @ -
Flow Rates per Channel in mL/min with L/S Precision Pump Tubing GERTIFIED SUPPLIER 'c;n"
Key Pump head Number Pump head gear Drive L/S® precision pump tubing (flow rate per channel) %"
letter model no. of rollers ratio pm L/S 14 L/S 16 L/S 25 L/S 17t *e
. 6 to 250 0.94 t0 39 3.110130 5.8 t0 240 8.4 10 350
A 07519-10 6 11 0.02 to 100 0.0032t0 16 0.010 to 52 0.019 to 96 0.029 to 140 t
B 07519-15 6 51 6 to 600 0.20 to 20 0.65 to 65 1.2t0 120 1.7t0170 ‘g
) 0.02 to 100 0.00066 to 3.3 0.0022 to 11 0.004 to 20 0.0056 to 28
TOnly silicone and C-FLEX® tubing formulations are recommended for L/S 17.
Flow Rates per Channel in mL/min with Two-Stop Microbore Pump Tube Sets
Key Pump head Number Pump head Drive Two-stop microbore tube sets (flow rate per channel)
letter model no. of rollers gear ratio rpm 0.19 mm ID 0.25 mm ID 0.89 mm ID 1.42 mm ID 2.06 mm ID 2.79 mm ID
¢ 07519-20 8 141 6 to 250 0.017t00.70 0.031t01.3 0.31t013 0.70to 29 1.3t0 54 2.01t0 85
) 0.02 to 100 0.00006 to 0.28 | 0.0001 to 0.52 0.001t0 5.2 0.0024 to 12 0.0044 to 22 0.0068 to 34
D 07519-25 8 5.1 6 to 600 0.0030 t0 0.30 | 0.0060 to 0.60 0.062 t0 6.2 0.14t0 14 0.26 to 26 0.41to 41
) 0.02 to 100 0.00001 to 0.050 | 0.00002 to 0.10 | 0.0002 to 1.0 0.0005 t0 2.3 0.0009 to 4.3 0.0014 10 6.8

Pump heads

Cartridges

Number Pump head | Max no. of cartridges Catalog Large
of rollers gear ratio m number 9
A 6 1:1 = 2 GY-07519-10 GY-07519-85 | G6Y-07519-75 |
: g ?} : 2 gzg;g: g';g (fits all microbore two-stop } (fits L/S 14, L/S 16, } }
- = z z tubing sizes) L/S 25, /S 177)
D 8 511 12 — GY-07519-25 \ \ \

TOnly silicone and C-FLEX® tubing formulations are recommended for L/S 17.
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TUBING
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Masterflex® Microbore Two-Stop Pump Tube Sets

. e

Platinum-cured Includes all 31

Tygon®

Santoprene® Viton®

TuIbI;ng silicone E-LFL

(mm) l!

0.19 = = GY-06447-10 =

0.25 = GY-06431-12 | GY-06447-12 =

0.89 | GY-06421-26 | GY-06431-26 | GY-06447-26 | GY-06428-26

142 | GY-06421-34 | GY-06431-34 | GY-06447-34 | GY-96428-34

2.06 GY-06421-42 | GY-06431-42 | GY-06447-42 | GY-96428-42 0.0024 to 115/

279 | GY-06421-48 | GY-06431-48 | GY-05447-48 | GY-96428-48 12’"h“’“'"| \2/20 GY-77919-35
Qty/pk 6 12 12 12 L =

Price

US Toll-free: 800-323-4340 -+  Outside the US: 847-549-7600 + www.coleparmer.com | Cole-Parmer®
Canada 800-363-5900 - India 91-22-6139-4444 - UK 0500-345-300


http://www.coleparmer.com/i/masterflex-l-s-2-channel-6-roller-cartridge-pump-head/0751910?pubid=GY&persist=false&utm_source=digitalcatalog&utm_medium=digitalcatalog&utm_campaign=3806-gy-sourcebook-generic
http://www.coleparmer.com/i/masterflex-l-s-small-cartridges-for-07519-20-and-25-pump-heads/0751985?pubid=GY&persist=false&utm_source=digitalcatalog&utm_medium=digitalcatalog&utm_campaign=3806-gy-sourcebook-generic
http://www.coleparmer.com/i/masterflex-l-s-large-cartridges-for-07519-10-and-15-pump-heads/0751975?pubid=GY&persist=false&utm_source=digitalcatalog&utm_medium=digitalcatalog&utm_campaign=3806-gy-sourcebook-generic
http://www.coleparmer.com/i/masterflex-l-s-6-channel-6-roller-cartridge-pump-head/0751915?pubid=GY&persist=false&utm_source=digitalcatalog&utm_medium=digitalcatalog&utm_campaign=3806-gy-sourcebook-generic
http://www.coleparmer.com/i/masterflex-l-s-4-channel-8-roller-cartridge-pump-head/0751920?pubid=GY&persist=false&utm_source=digitalcatalog&utm_medium=digitalcatalog&utm_campaign=3806-gy-sourcebook-generic
http://www.coleparmer.com/i/masterflex-l-s-12-channel-8-roller-cartridge-pump-head/0751925?pubid=GY&persist=false&utm_source=digitalcatalog&utm_medium=digitalcatalog&utm_campaign=3806-gy-sourcebook-generic
http://www.coleparmer.com/i/masterflex-microbore-2-stop-tube-sets-tygon-0-19-mm-id-pk-of-12/0644710?pubid=GY&persist=false&utm_source=digitalcatalog&utm_medium=digitalcatalog&utm_campaign=3806-gy-sourcebook-generic
http://www.coleparmer.com/i/masterflex-microbore-2-stop-tube-sets-santoprene-0-25-mm-id-pk-of-12/0643112?pubid=GY&persist=false&utm_source=digitalcatalog&utm_medium=digitalcatalog&utm_campaign=3806-gy-sourcebook-generic
http://www.coleparmer.com/i/masterflex-microbore-2-stop-tube-sets-tygon-0-25-mm-id-pk-of-12/0644712?pubid=GY&persist=false&utm_source=digitalcatalog&utm_medium=digitalcatalog&utm_campaign=3806-gy-sourcebook-generic
http://www.coleparmer.com/i/masterflex-microbore-two-stop-tube-sets-silicone-platinum-cured-0-89-mm-id-pk-of-6/0642126?pubid=GY&persist=false&utm_source=digitalcatalog&utm_medium=digitalcatalog&utm_campaign=3806-gy-sourcebook-generic
http://www.coleparmer.com/i/masterflex-microbore-2-stop-tube-sets-santoprene-0-89-mm-id-pk-of-12/0643126?pubid=GY&persist=false&utm_source=digitalcatalog&utm_medium=digitalcatalog&utm_campaign=3806-gy-sourcebook-generic
http://www.coleparmer.com/i/masterflex-microbore-2-stop-tube-sets-tygon-0-89-mm-id-pk-of-12/0644726?pubid=GY&persist=false&utm_source=digitalcatalog&utm_medium=digitalcatalog&utm_campaign=3806-gy-sourcebook-generic
http://www.coleparmer.com/i/masterflex-microbore-two-stop-tube-sets-viton-0-89-mm-id-pk-of-12/9642826?pubid=GY&persist=false&utm_source=digitalcatalog&utm_medium=digitalcatalog&utm_campaign=3806-gy-sourcebook-generic
http://www.coleparmer.com/i/masterflex-microbore-two-stop-tube-sets-silicone-platinum-cured-1-42-mm-id-pk-of-6/0642134?pubid=GY&persist=false&utm_source=digitalcatalog&utm_medium=digitalcatalog&utm_campaign=3806-gy-sourcebook-generic
http://www.coleparmer.com/i/masterflex-microbore-2-stop-tube-sets-santoprene-1-42-mm-id-pk-of-12/0643134?pubid=GY&persist=false&utm_source=digitalcatalog&utm_medium=digitalcatalog&utm_campaign=3806-gy-sourcebook-generic
http://www.coleparmer.com/i/masterflex-microbore-2-stop-tube-sets-tygon-1-42-mm-id-pk-of-12/0644734?pubid=GY&persist=false&utm_source=digitalcatalog&utm_medium=digitalcatalog&utm_campaign=3806-gy-sourcebook-generic
http://www.coleparmer.com/i/masterflex-microbore-two-stop-tube-sets-viton-1-42-mm-id-pk-of-12/9642834?pubid=GY&persist=false&utm_source=digitalcatalog&utm_medium=digitalcatalog&utm_campaign=3806-gy-sourcebook-generic
http://www.coleparmer.com/i/masterflex-microbore-2-stop-tube-sets-silicone-platinum-cured-2-06-mm-id-pk-of-6/0642142?pubid=GY&persist=false&utm_source=digitalcatalog&utm_medium=digitalcatalog&utm_campaign=3806-gy-sourcebook-generic
http://www.coleparmer.com/i/masterflex-microbore-2-stop-tube-sets-santoprene-2-06-mm-id-pk-of-12/0643142?pubid=GY&persist=false&utm_source=digitalcatalog&utm_medium=digitalcatalog&utm_campaign=3806-gy-sourcebook-generic
http://www.coleparmer.com/i/masterflex-microbore-2-stop-tube-sets-tygon-2-06-mm-id-pk-of-12/0644742?pubid=GY&persist=false&utm_source=digitalcatalog&utm_medium=digitalcatalog&utm_campaign=3806-gy-sourcebook-generic
http://www.coleparmer.com/i/masterflex-microbore-two-stop-tube-sets-viton-2-06-mm-id-pk-of-12/9642842?pubid=GY&persist=false&utm_source=digitalcatalog&utm_medium=digitalcatalog&utm_campaign=3806-gy-sourcebook-generic
http://www.coleparmer.com/i/masterflex-microbore-2-stop-tube-sets-silicone-platinum-cured-2-79-mm-id-pk-of-6/0642148?pubid=GY&persist=false&utm_source=digitalcatalog&utm_medium=digitalcatalog&utm_campaign=3806-gy-sourcebook-generic
http://www.coleparmer.com/i/masterflex-microbore-2-stop-tube-sets-santoprene-2-79-mm-id-pk-of-12/0643148?pubid=GY&persist=false&utm_source=digitalcatalog&utm_medium=digitalcatalog&utm_campaign=3806-gy-sourcebook-generic
http://www.coleparmer.com/i/masterflex-microbore-2-stop-tube-sets-tygon-2-79-mm-id-pk-of-12/0644748?pubid=GY&persist=false&utm_source=digitalcatalog&utm_medium=digitalcatalog&utm_campaign=3806-gy-sourcebook-generic
http://www.coleparmer.com/i/masterflex-microbore-two-stop-tube-sets-viton-2-79-mm-id-pk-of-12/9642848?pubid=GY&persist=false&utm_source=digitalcatalog&utm_medium=digitalcatalog&utm_campaign=3806-gy-sourcebook-generic
http://www.coleparmer.com/i/masterflex-l-s-four-channel-eight-roller-cartridge-pump-system-115-230-vac/7791935?pubid=GY&persist=false&utm_source=digitalcatalog&utm_medium=digitalcatalog&utm_campaign=3806-gy-sourcebook-generic

