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Cole-Parmer® 
PB-300 Series Portable 
Toploading Balances
• Five-year industry-leading warranty

• Long-lasting Internal Battery

• Compact Form-Factor

• Economical Price

•
•
•
•



Specification PB-300-200 PB-300-600 PB-300-2000 PB-300-3100

Max Capacity 200 g 600 g 2000 g 3100 g

Readability 0.001 g 0.01 g 0.01 g 0.1 g

Calibration Type External External External External

Linearity 0.004 g 0.03 g 0.03 g 0.3 g

Repeatability 0.002 g 0.01 g 0.01 g 0.1 g

Stabilization Time 2 s 2 s 2 s 2 s

Weigh Pan Dimensions ø100 mm 128 mm x 128 mm 128 mm x 128 mm 128 mm x 128 mm

Device Dimensions 230 mm x 160 mm x 68 mm

Connectivity RS232, USB-A, USB-B

Technical Specification

Description Ordering Number Series No. Model No.

200g 1mg Precision Portable Toploading Balance EW-10402-51 PB-300 PB-300-200

600g 0.01g Precision Portable Toploading Balance EW-10402-52 PB-300 PB-300-600

2000g 0.01g Precision Portable Toploading Balance EW-10402-53 PB-300 PB-300-2000

3100g 0.1g Precision Portable Toploading Balance EW-10402-54 PB-300 PB-300-3100

Ordering Information

Cole-Parmer® PB-300 Series Portable Toploading Balances

Find out more at antylia.com
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The PB-300 series of balances are the perfect choice for dynamic laboratory or teaching environments. Portable, lightweight, and with a compact 
form-factor, PB-300 series balances are a great choice when benchtop space is at a premium. 

Despite their small size, PB-300 series balances have big data storage and processing capability; with internal storage of up to 500,000 readings, 
GLP compliant time and date stamps, and USB-A, USB-B and RS-232 interface connectivity. 


