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Cole-Parmer® 
PB-350 Series High Capacity 
Portable Toploading Balances
• Five-year industry-leading warranty

• Long-lasting Internal Battery

• Rugged Housing

• Economical Price

•
•
•
•



Specification PB-350-1000 PB-350-2000 PB-350-6000 PB-350-10000 PB-350-20000

Max Capacity 1000 g 2000 g 6000 g 10000 g 20000 g

Readability 0.01 g 0.01 g 0.1 g 0.1 g 0.1 g

Calibration Type External External External External External

Linearity 0.03 g 0.03 g 0.2 g 0.3 g 0.3 g

Repeatability 0.01 g 0.01 g 0.1 g 0.1 g 0.1 g

Stabilization Time 3 s 3 s 3 s 3 s 3 s

Weigh Pan Dimensions 195 mm x 195 mm

Device Dimensions 333 mm x 206 mm x 97 mm

Connectivity 2×RS232, USB-A, USB-B

Technical Specification (External Calibration)

Description Ordering No. Series No. Model No.

1000g 0.01g High Capacity Portable Toploading Balance EW-10402-58 PB-350 PB-350-1000

2000g 0.01g High Capacity Portable Toploading Balance EW-10402-59 PB-350 PB-350-2000

6000g 0.1g High Capacity Portable Toploading Balance EW-10402-60 PB-350 PB-350-6000

10000g 0.1g High Capacity Portable Toploading Balance EW-10402-61 PB-350 PB-350-10000

20000g 0.1g High Capacity Portable Toploading Balance EW-10402-62 PB-350 PB-350-20000

Ordering Information (External Calibration)
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The PB-350 series of balances offer precision and portability in a rugged housing 
that can stand up to demanding envirionments. From the classroom to the field to the 
manufacturing floor, PB-350 series balances are built to go anywhere that you need. 

Internal or External calibration options, onboard memory storage and processing, and 
multiple connectivity options make the PB-350 series of balances a perfect addition 
to any laboratory. 

Description Ordering No. Series No. Model No.

1000g 0.01g High Capacity Portable Toploading Balance EW-10402-63 PB-350 PB-350-1000i

2000g 0.01g High Capacity Portable Toploading Balance EW-10402-64 PB-350 PB-350-2000i

6000g 0.1g High Capacity Portable Toploading Balance EW-10402-65 PB-350 PB-350-6000i

Ordering Information (Internal Calibration)

Specification PB-350-1000i PB-350-2000i PB-350-6000i

Max Capacity 1000 g 2000 g 6000 g

Readability 0.01 g 0.01 g 0.1 g

Calibration Type Internal Internal Internal

Linearity 0.03 g 0.03 g 0.2 g

Repeatability 0.01 g 0.01 g 0.1 g

Stabilization Time 3 s 3 s 3 s

Weigh Pan Dimensions 195 mm x 195 mm

Device Dimensions 333 mm x 206 mm x 97 mm

Connectivity 2×RS232, USB-A, USB-B

Technical Specification (Internal Calibration)


